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Single channel audio switches

Part number Package
Supply 
voltage

Function
RON [max]  

(Ω)*
Bandwidth 

(MHz)

Off 
isolation 

[dB]

Crosstalk 
[dB]

STG3155DTR DFN6 (1.45 x 1.0) 1.65 to 4.3 1 x SPDT 0.6 70 -74 -72

STG3159DTR DFN6 (1.0 x 1.2) 1.65 to 4.5 1 x SPDT 1.1 150 -80 -80

STG5123DTR DFN6 (1.0 x1.2) 1.65 to 5 1 x SPDT 1 150 -80 -80

* @ Vcc = 4.3 - 5 V and T = 25 ºC
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High contact discharge ESD performance switches

Part number Package
IEC-61000-4-2 
ESD, contact 

discharge [kV]

IEC-61000-
4-2 ESD, air 

discharge [kV]
Supply voltage Channel

STG4159BJR Flip chip 7 10 15 1.65 to 4.8 Single

STG4158BJR Flip chip 6 9 15 1.65 to 4.5 Single

STG4259BJR Flip chip 11 8 15 1.65 to 4.8 Dual

Part number Function RON [max] (Ω)* Bandwidth (MHz) Off isolation [dB] Crosstalk [dB]

STG4159BJR 1 x SPDT 0.3 28 -69 -69

STG4158BJR 1 x SPDT 0.6 40 -69 -69

STG4259BJR 2 x SPDT 0.3 40 -71 -93

* @ Vcc = 4.3 - 5 V and T = 25 ºC



Dual channel audio switches
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Part number Package
Supply 
voltage

Function
RON [max]  

(Ω)*
Bandwidth 

(MHz)

Off 
isolation 

[dB]

Crosstalk 
[dB]

STG3856QTR QFN12 (2.2 x 1.4) 1.65 to 4.3 2 x SP3T 1 100 -82 -84

STG3684QTR QFN16 (3.0 x 3.0) 1.65 to 4.3 2 x SPDT 0.5 50 -64 -54

STG3684ADTR DFN10 (2.0 x 2.3) 1.65 to 4.3 2 x SPDT 0.45 55 -66 -72

STG3684AUTR QFN10 (1.8 x 1.4) 1.65 to 4.3 2 x SPDT 0.45 55 -66 -72

STG5223QTR† QFN10 (1.8 x 1.4) 1.65 to 4.3 2 x SPDT 0.45 55 -66 -72

STG3384DTR DFN10 (2.5 x 1.3) 1.65 to 4.3 2 x SPST 0.7 85 -90 -76

STG4384BJR† Flip chip 11 1.65 to 4.8 2 x SPST 0.5 28 -64 -71

* @ Vcc = 4.3 - 5 V and T = 25 ºC
† Product in development

Quad channel audio switches

Part number Package
Supply 
voltage

Function
RON [max]  

(Ω)*
Bandwidth 

(MHz)

Off 
isolation 

[dB]

Crosstalk 
[dB]

STG3699AQTR QFN16 (3.0 x 3.0) 1.65 to 4.3 4 x SPDT 0.45 50 -64 -54

STG3699AUTR QFN16 (2.5 x 2.5) 1.65 to 4.3 4 x SPDT 0.45 50 -64 -54

STG3699BVTR QFN16 (2.6 x 1.8) 1.65 to 4.3 4 x SPDT 0.5 40 -71 -72

STG3699QTR QFN16 (3.0 x 3.0) 1.65 to 4.3 4 x SPDT 0.5 50 -64 -54

* @ Vcc = 4.3 - 5 V and T = 25 ºC
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Negative rail audio switches

Part number Package
Supply 
voltage

Channel Function
RON [max]  

(Ω)*

Band-
width 
(MHz)

Off 
isolation 

[dB]

Cross-
talk 
[dB]

STG5678BJR† Flip chip 1.65 to 4.5 Dual 2 x SPST 0.9 33 -64 -71

STG5682QTR
QFN16

(2.6 x 1.8)
1.65 to 4.5 Dual 2 x SPDT 0.55 33 -55 -60

STG5683QTR
QFN16

(2.6 x 1.8)
1.65 to 4.5 Dual 2 x SPDT 0.55 33 -55 -60

* @ Vcc = 4.3 - 5 V and T = 25 ºC
† Product in development
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High isolation audio switches

Part number Package
Supply 
voltage

Channel Function
RON [max]  

(Ω)*

Band-
width 
(MHz)

Off 
isolation 

[dB]

Cross-
talk 
[dB]

STG6684QTR† QFN10  
(1.8 x 1.4)

1.65 to 4.3 Dual 2 x SPDT 1.5 58/65 -80 -78

STG6384QTR† QFN10  
(1.8 x 1.4)

1.65 to 4.3 Dual 2 x SPST 1.5 58 -80 -78

* @ Vcc = 4.3 - 5 V and T = 25 ºC
† Product in development



High bandwidth switches
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Part number Package
Supply 
voltage

Channel Function
RON [max]  

(Ω)*
Bandwidth 

(MHz)
CON (pF)

Typical 
application

STG3482QTR
QFN16  

(2.6 x 1.8)
1.65 to 4.3 Dual 2 x SP4T 5.2 300 6.7 Audio

STG3682QTR
QFN10  

(1.8 x 1.4)
1.65 to 4.3 Dual 2 x SPDT 5.2 800 12 Audio

STG3692QTR
QFN16  

(2.6 x 1.8)
1.65 to 4.3 Quad 4 x SPDT 5.2 800 12 Audio

STG3693QTR
QFN16  

(2.6 x 1.8)
1.65 to 4.3 Quad 4 x SPDT 5.2 800 10 Audio

STG719STR SOT23-6 1.8 to 5.5 Single 1 x SPDT 4 200 19 Video

STMAV335TTR TSSOP16 4.0 to 5.5 Triple 3 x SP3T 7 300 12 Video

STMAV340TTR TSSOP16 4.0 to 5.5 Quad 4 x SPDT 7 300 12 Video

STG3157CTR SOT323 1.65 to 5.5 Single 1 x SPDT 7 250 – Video

* @ Vcc = 4.3 - 5 V and T = 25 ºC
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